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NOTES:
1. THREADED CONNECTORS SUPPLIED WITH HEX NUT AND WASHER.

2. MATERIALS:
    HOUSING - HIGH GRADE THERMOPLASTIC.
    CONTACTS AND TERMINALS - BRASS, TIN PLATED.
    NUT AND WASHER - BRASS,  NICKEL PLATED.

3. THIS PRODUCT IS RoHS COMPLIANT.

DO NOT SCALE DRAWINGREVISIONS
APVDBYDATEECO NUMBERREV REVPART No.NAME

 
OFSHEET

APVDCHKDBYDATE DRAWN

SCALEFIRST USED ON
SPEC No.SPEC No.
MATERIALFINISH

UNLESS OTHERWISE SPECIFIED TEMPERLBS/MMULTWIDTHSIZE

THIS DRAWING DESCRIBES A DESIGN CONSIDERED PROPRIETARY IN NATURE, DEVELOPED AND MANUFACTURED
BY SWITCHCRAFT INC. AND IS RELEASED ON A CONFIDENTIAL BASIS FOR IDENTIFICATION PURPOSES ONLY.STAR SYMBOL DENOTES CRITICAL DIMENSION

B

A 26066 7-8-06 TJK TJK

2:1

6-9-08 TJK TJK
6-9-08

TJK
6-9-08 1 2

TRAPC_X - TRASM_X SERIES C

1. ALL DIMENSIONS IN INCHES
   - TWO PLACE DECIMALS     0.01
   - THREE PLACE DECIMALS   0.005
   - ANGLES                              1
   - ALL DIA. CONCENTRIC WITHIN 0.005 T.I.R.

2. FEATURES ON THE SAME CENTERLINE
    MUST BE ALIGNED WITHIN 0.002

3. REMOVE ALL BURRS
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Mouser Electronics
  

Authorized Distributor
 
  

Click to View Pricing, Inventory, Delivery & Lifecycle Information:
 
 
 
 Switchcraft:   

  TRAPC3MS  TRAPC3M1X  TRAPC3MS1X  TRAPC3MSX  TRAPC3MX  TRAPC4M1X  TRAPC4MSX  TRAPC4MX 

TRAPC5M1X  TRAPC5MX  TRAPC6M1X  TRAPC6MX  TRAPC7M1X  TRAPC7MX  TRAPC8M1X  TRAPC8MX 

TRASM3MSX  TRASM3MX  TRASM4M1X  TRASM4MX  TRASM5MX  TRASM6M1X  TRASM7M1X  TRAPC3MS1 

TRAPC4MS1X  TRAPC4MS  TRAPC5M1  TRAPC6M1  TRAPC7M1  TRAPC8M1  TRASM3MS  TRASM4M1 

TRASM6M1  TRASM7M1  TRASM4MSX

https://www.mouser.com/switchcraft
https://www.mouser.com/access/?pn=TRAPC3MS
https://www.mouser.com/access/?pn=TRAPC3M1X
https://www.mouser.com/access/?pn=TRAPC3MS1X
https://www.mouser.com/access/?pn=TRAPC3MSX
https://www.mouser.com/access/?pn=TRAPC3MX
https://www.mouser.com/access/?pn=TRAPC4M1X
https://www.mouser.com/access/?pn=TRAPC4MSX
https://www.mouser.com/access/?pn=TRAPC4MX
https://www.mouser.com/access/?pn=TRAPC5M1X
https://www.mouser.com/access/?pn=TRAPC5MX
https://www.mouser.com/access/?pn=TRAPC6M1X
https://www.mouser.com/access/?pn=TRAPC6MX
https://www.mouser.com/access/?pn=TRAPC7M1X
https://www.mouser.com/access/?pn=TRAPC7MX
https://www.mouser.com/access/?pn=TRAPC8M1X
https://www.mouser.com/access/?pn=TRAPC8MX
https://www.mouser.com/access/?pn=TRASM3MSX
https://www.mouser.com/access/?pn=TRASM3MX
https://www.mouser.com/access/?pn=TRASM4M1X
https://www.mouser.com/access/?pn=TRASM4MX
https://www.mouser.com/access/?pn=TRASM5MX
https://www.mouser.com/access/?pn=TRASM6M1X
https://www.mouser.com/access/?pn=TRASM7M1X
https://www.mouser.com/access/?pn=TRAPC3MS1
https://www.mouser.com/access/?pn=TRAPC4MS1X
https://www.mouser.com/access/?pn=TRAPC4MS
https://www.mouser.com/access/?pn=TRAPC5M1
https://www.mouser.com/access/?pn=TRAPC6M1
https://www.mouser.com/access/?pn=TRAPC7M1
https://www.mouser.com/access/?pn=TRAPC8M1
https://www.mouser.com/access/?pn=TRASM3MS
https://www.mouser.com/access/?pn=TRASM4M1
https://www.mouser.com/access/?pn=TRASM6M1
https://www.mouser.com/access/?pn=TRASM7M1
https://www.mouser.com/access/?pn=TRASM4MSX
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